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■ Digital Thermometer

■ Thermocouple

M－CE300

A �Accessory  �CE300 has one channel and comes with one thermocouple 
CE301 has two channels and comes with two thermocouples

Measurement method Thermocouple (TP－K01: K type)
Display method 3.5-digit LCD (auto power off function)
Measurable temp. range -200°C to 1,370°C (-328°F to 2,498°F)
Accuracy ±0.3% rdg or ±1°C (±0.3% rdg +2°F)
Resolution 0.1°C : 0.1°F
Ambient operating temp. and humidity 0 to 60°C (humidity of 80% or less)
Storage temp. and humidity -10 to 60°C (humidity of 70% or less)
Dimensions and weight 184 mm×64 mm×30 mm, 210 g
Accessory 9 V battery, case, thermocouple
Functions Timer function, REL function, HOLD function

Part Number Number of 
channels

Measurable 
temp. range

Unit Price
1~2 pcs

M－CE300 1
-200°C~1370°C

M－CE301 2

Part Number Tip contact 
surface width

Measurable 
temp. range

Unit Price
1~4 pcs

M－HD－530 -

-50°C~500°C
M－HD－531A

5.5M－HD－533A
M－HD－533B
M－HD－535A 3.2 -50°C~300°C

M－HD－539 -
-50°C~500°C

M－HD－541 -

Part Number
M－HD－531A

M－HD－533A
M－HD－533B

M－HD－531A

M－HD－535A

M－HD－530

M－HD－539 M－HD－541
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(Tip shape)

M－HD－533B
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