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■ Application  Use together with the rubber grindstone with shaft for mold, etc.

M－AMGR

M－BRSS－□
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■ Brass Flat Scraper

■ Features
 • Scratch-resistant as it is made of brass.
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Part Number

M－AMGR

Part Number

M－BRSS－50

M－BRSS－75

■ Micro Air Grinder

Length Collet
Allowable rotational speed

(rpm)
Supply air pressure

(MPa)
Fitting Part Number Unit Price

130 3 30000 0.6  1/4 M－AMGR

Total length Blade width Blade length Part Number Unit Price

200

30

90

M－BRSS－30

50 M－BRSS－50

75 110 M－BRSS－75

290 30 90 M－BRSS－30L

AIR MICRO GRINDERS BRASS SCRAPERS

MICRO AIR GRINDER / BRASS FLAT SCRAPER
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